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Sounder beacons - IP21 - IK07 - 90 dB - 12/24/48 V= -

white

REF. 040587   |  EAN KODA. 3245060405878

> The product details page

Značilnosti izdelka:

Sounders, sounder beacons, bells, electromagnetic door holder and safety electrical power supplies

Sounder beacons - Conform to EN 54 - 3 standard and CE CPR approved - Sound level : 90 dB at 2 meters - NF S 32 - 001 sound

- Red flash - Voltage range : 10 - 58 V - Average consumption : 12 V DC 23 mA ; 24 V DC 22 mA ; 48 V DC 23 mA - IP 21 - IK 07 -

Flush mounting in false ceiling
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