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Remote control dimmer - fluorescent lamp with 0-10V

ballast - max 800VA - DIN 2 modules

REF. 003658   |  EAN KODA. 3245060036584

> The product details page

Značilnosti izdelka:

For fluorescent lamps with 1 - 10 V dimmable ballast

(fluorescent tubes and compact fluorescent lamps with

separated dimmable ballast)

Ballast power : maximum 800 VA (for 230 V~ 50/60 Hz)

Mains voltage 100/240VAC - 50/60Hz

DIN 2 modules

Control current: 50 mA

Priporočila / omejitve

For uniform dimming of all the light sources, use identical

lamps and transformers (same secondary voltage and

power rating)

Prednosti montaže:

Symmetrical rail mounting

Prednosti uporabe:

The last lighting level is stored into memory, in case

of power cut or switch-off

Edinstvene značilnosti:

Silent operation
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